Speed Controller: Standard Type
Large Flow In-line Type

AS Series

Model
Able to control and set a Port Free flow Controlled flow ——_—
constant speed easﬂy. Wit siZe FIU_W jeis con(siggllgnce ;ggggjll'e Flow rate congggllgnce pcr;ggscile (igg)
Speed may be accurately (Lmin (AR s bai | ratio _|(Uin (AN g |~ atio
controlled even at low SPGEd. AS420-02 | 1/4 | 2,500 6.9 3,600 10 0.34
. R AS420-03 | 3/8 | 5,000 13.9 4,800 13.3 0.33
Retainer prevents accidental AS420-04 | 1/2 | 6,600 | 183 6,700 | 18.6 0.32
loss of needle. AS500-06 | 3/4 | 10,100 | 28.1 8100 | 225 0.36
AS600-10 1 15,100 42 0.25 16,900 47 0.45 0.7
AS800-12 | 14 | 35,400 98 38,500 107 1.4
AS900-14 | 1'% | 52,000 144 47,500 132 3.3
AS900-20 2 | 57,800 161 60,800 169 3.3
Note) Flow rate values are measured at 0.5 MPa and 20°C.
Specifications
Fluid Air
Proof pressure 1.5 MPa
Max. operating pressure 1 MPa
Min. operating pressure 0.05 MPa
Ambient and fluid temperature -5 to 60°C (No freezing)
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Speed Controller: Standard Type
Large Flow In-line Type

AS Series

Construction: AS420/500/600 Construction: AS800/900

Component Parts

No. Description Material
1 Body Aluminum alloy Component Parts
2 Needle Brass No. Description Material
3 Bottom cover Aluminum alloy 1 Body Aluminum alloy
4 Handle Zinc alloy 2 Valve guide Aluminum alloy
Replacement Parts 3 Check valve NBR, Brass
No. | Description Material Rartnos ; z::::: Carls;S:teel
AS420-500 AS600
5 | Check Valve | NBR, Brass 14254 14273 Replacement Parts
6 Spring Stainless steel 14255 14275 o 3 Part no.
7 | O-ring NBR KA00476 KA00476 N |[Boemipio) e AS800 AS900
8 | O-ring NBR KA00472 KA00474 6 O-ring NBR KA00069 KA00072
7 O-ring NBR KA00460 KA00462
8 Spring  |Stainless steel 14115 14124

Dimensions: AS420/500/600

Dimensions

v L3 ()
Model Port size L1 | L2 Vx| Min: D
AS420 | 1/4,3/8,1/2 |67.5| 38 | 122 | 112 | 50
AS500 3/4 74 | 42 | 115|105 | 50
AS600 1 90 | 55 | 158 | 148 | 62

Note 1) L3: Reference dimensions

2 x Port size

Dimensions: AS800/900

2 x Port size

Dimensions
L3 ()
Model Port size L1 | L2 - L4
Max. | Min.
AS800 14 120 | 74 | 204 | 192 | 80
AS900 15,2 150 | 93 [262 | 250 | 94

Note 1) L3: Reference dimensions
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