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CERTIFICATE FOR CHINA COMPULSORY PRODUCT CERTIFICATION

CERTIFICATE NO.: 2021012307409603 Valid from:Aug.09,2021
Valid until:Aug.09,2026

NAMEANDREGISTERED SMC(China) Co, Ltd.

APDRESRE THE RERLICANT A2 Xingsheng Street, Beijing Economic Technological Development Zone, Beijing City, PR.China
100176

NAME AND REGISTERED SMC Corporation

ADERENSOITE 4-14-1, Soto-kanda, Chiyoda-ku, Tokyo, Japan

MANUFACTURER

NAME AND LOCATION SMC Kamaishi Factory

OF THE FACTORY 2-4-1 Kaminakajima-machi kamaishi-shi lwate-ken,Japan

PRODUCTMODEL(S) Electro Pneumatic Positioner
Type of Product: IP8000-000-0-0-X350-0; Marking: Ex ib [IC T5/T6 Gb; The type definition, technical
parameters and related document numbers can be seen in the appendix.

ATANDARDS AND GB 3836.1-2010,GB 3836.4-2010

TECHNICAL REQUIREMENTS

This is to certify that the above mentioned product(s) complies with the requirements of implementation rules for compulsory
certification(REFNO. CNCA-C23-01:2019)

The validity of the certificate is subject to positive result of the regular follow up inspection by issuing certification body until the expiry

date.

The certificate information is available through the QR code below or CNCA’s website: www.cnca.gov.cn
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