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mFeatures:
Structured to prevent fluid leakage to the piston
chamber!

- Scraper added to the piston rod seal
- Leakage check port (fluid discharge) added

Model no. Specifications
Improved piston rod sealing
VNBL-X128 Leakage check port provided

Leakage check port

mSpecifications

Other specifications are the same as the standard products.
Refer to the catalog or operation manual.



mHow to Order:

*VNB1-X128

Seal material

Body material option

A | WBRseals [Ni| _ Standard |
B FKM seals S | Stainless steel nody
c EPR seals *Threaded port only

Bracket(valve size:1/2/3/4.)

[Ni]  None ]
B* With bracket

*Only valve sizes 1,2, 3and 4.
Bracket part no.

Valve sizes 2 to 4: VN M-16

o
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15A - X128

L 2to4

Shipped after assembled at our factory.

Valve size 1: VN1-A18 (with thread)
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Valve size l Valve type § l Port size Rated voltage ¢ —————* Manual override
i ymbol 1 AC100V_50/60Hz il Jdocki
sl = 2 3 7S VR 2 | _AC200V_50/60Hz ik Bor-locking pusiope
wm | NEC N.C. N.C. N.C. Re 3 AC110V_50/60Hz « " A Non-locking
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2 @15 [ ] [ ] [ ] — 3] DC12V -~ Valve
@11 — — — [ ] 154 lre1/2 7 AC240V 50/60Hz * size
15| @ ® ® - 2to0 4
3 g;; ® ® (] : 20A |Re3/8| l Electrical entry/With light/surge voltage suppressor
@ 16 — — — [] i Symibol Electrical entry B: Slotted locking type B
e 2 ) [ [ 5 i G Grommet (tool required)
¢ 23 — — — [] 294 | Ret | GS Grommet with surge voltage suppressor "
5 32 [ [) [] — __E Grommet terminal
p22] — —_ — ® 20F ;:”"“ | EZ |Grommet terminal with light/surge voltage suppressor
b 32 [] [ ] [ ] o ki T Conduit terminal Valve
@28 — —_ —_ [] 40A Rec TZ | Conduit terminal with light/surge voltage suppressor Nil: Non-lockingpush type size
s ©40 ® [ ® — 1112 D DIN terminal 5t06
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B 40 [] [] [ ] — ¢ G Grommet
*Air operated only Grommet with surge voltage suppressor
] DIN terminal
DL DIN terminal with indicator light




mDimensions: mm

-VNB2*-X128 (Valve size 2)

Construction
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Note: The above diagrams are for the model number “VNB201%-15A-X128".



-VNB3*-X128 (Valve size 3)

Construction
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Note: The above diagrams are for the model number “VNB301%-20A-X128".



-VNB4*-X128 (Valve size 4)

Construction
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Note: The above diagrams are for the model number “VNB41x*#*-25A-+DZ *-%-X128".



-VNB5*-X128 (Valve size 5)

Construction
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Note: The above diagrams are for the model number “VNB51x**-32A-xDZ-X128".



-VNB6*-X128 (Valve size 6)

Construction
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Note: The above diagrams are for the model number “VNB61#**-40A-+*DZ*-X128".

A Caution To ensure the safest possible operation of this product, please be sure to thoroughly read
the “Safety Instructions” in our “Best Pneumatics” catalog before use.
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